T
IN: AC 120/230 W
OUT: DC 24 V/5 A/

| SIEMENS
< O == O
N L +2
_O_
PE -1
o ~u PO Gt
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SITOP PSU100S 1ph 24 V/5 A
6EP1333-2BA20 —
3
ADJUST ——O—
22.8..28.0V 'g
DEFAULT VALUE 5 (14
24V —O—

SIEMENS

6EP1333-2BA20_MULTI_UWD_ANSI

FORMAT/SIZE: B-SIZE PORTRAIT 17" x 11"
RID 4 m




	Page tree
	ANSI

	Page list
	/ANSI

	Device tree
	(empty)
	(empty)
	T
	-T
	Multi-line
	/ANSI
	13;13    /ANSI
	14;14    /ANSI
	+1;+1    /ANSI
	+2;+2    /ANSI
	-1;-1    /ANSI
	-2;-2    /ANSI
	L1;L1    /ANSI
	N;N    /ANSI
	PE;PE    /ANSI






	Device tag list
	=+-T
	=+-T:13;13
	=+-T:14;14
	=+-T:+1;+1
	=+-T:+2;+2
	=+-T:-1;-1
	=+-T:-2;-2
	=+-T:L1;L1
	=+-T:N;N
	=+-T:PE;PE


